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�  BAM11 /�� 3-556-1W 
�  BAM 12/2-334-1W 
�  BAM12/2-500-1W 
�  BAM12-668-1W 
�  TBBA(B,C,J)10-(5000�� 10000) /556 AKW(BLW) 
�  TBBA(B,C)35-(6000�� 60000) /334AKW(BLW,ACW ,AQW) 
�  TBBA(B,C)35-(6000�� 60000) /500AKW(BLW,ACW,AQW) 
�  TBBA66-64800/600BLW(AQW) 
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